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NOTES:

 SUBSTRATE: FUSED SILICA1.

BEAM MODE: SM OR MM2.

OVERALL EFFICIENCY: 72%3.

FULL ANGLE(°): 2.75 x 2.754.

COATING:5.
Laser V-Coat (1064nm)

BEAM SPECIFICATION:6.
MINIMUM BEAM DIAMETER: 5mm
OUTPUT SHAPE: SQUARE:

S1 S2
SHAPE PLANO PLANO
MIN CLEAR APERTURE Ø18.00 Ø18.00

BEVEL MAX FACE PROTECTIVE AS NEEDED PROTECTIVE AS NEEDED DWG NO
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