
NOTES:

1.     EDGES:  BREAK SHARP EDGES. NO VISIBLE EDGE

        CHIPS > 0.25 MM DIAMETER

2.     FLATNESS:  0.001" (0.0254MM)

3.     PARALLELISM:  S1 TO S2 < 0.001" / INCH (0.254 MM / 25.4 MM)

4.     SURFACE QUALITY:  SCRATCH:DIG   40:20

5.     SUBSTRATE:  0.125" (3.175MM) NOMINAL THICK POLISHED

        OPAL GLASS

6.     COATING:  LOW REFLECTION CHROMIUM FIRST SURFACE.

        REFLECTIVITY <12%±5% @550 NM, OPTICAL DENSITY > 3.0.

7.     PATTERN TO BE CENTERED ON SUBSTRATE, ACCURATE TO ±1MM

8.     POLARITY:  POSITIVE. OPAQUE PATTERN ON WHITE BACKGROUND

        LOOKING AT THE GLASS.

9.     DOT DIAMETER:  WITHIN ± 0.002 MM OF LISTED SIZE

10.   DOT TO DOT ACCURACY WITHIN ± 0.002 MM

11.   EACH TARGET WILL INCLUDE AN N.I.S.T. TRACEABLE CERTIFICATE OF

        ACCURACY IN COMPLIANCE WITH MIL-STD-45662A ON A SEPARATE 8.5" X 11"

        PAGE.  CORNER TO OPPOSITE CORNER GRID ACCURACY 1.414 TIMES THE

        OVERALL X 0R Y ACCURACY LISTED IN CHART  TYPICAL DOT PATTERN ARRAY

14.  DIMENSION "A" ACCURACY ±0.5MM

DECIMAL

.XXX= +/-.127

 .XX= +/-.381

  .X= +/-.762

ANGULAR

+/-.030

FRACTIONAL

+/-0.5Deg.
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