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FOR INFORMATION ONLY:

NOTES: 

1. LASER CLASS: IIIb 

2. BEAM DIAMETER(mm): 1.5 typical 
BEAM DIVERGENCE(mrad): <1.5 Typical 

3. OPERATING TEMPERATURE: 15 to 35°C 
OPERATING VOLTAGE: 3 V 

4. OUTPUT POWER: 25 mW 

5. WAVELENGTH RANGE: 532 ±1nm 
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25mW, 532nm DPSS Pointing Laser
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